








cui.com

date 09/22/2014 page 5 of 6CUI Inc │ SERIES: PLDA25 │ DESCRIPTION: LED DRIVER

Note: 1. All specifications are measured at Ta=25°C, 115/230 Vac input voltage, and full load unless otherwise specified.

1. Dimming 
Dimming should be controlled from the dimming controller with PWM or 1~10 Vdc.
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Duty Cycle 10% 20% 30% 40% 50% 60% 70% 80% 90% 100% (open)

Output Current 10% 20% 30% 40% 50% 60% 70% 80% 90% 100%

Voltage 1V 2V 3V 4V 5V 6V 7V 8V 9V 10V (open)

Output Current 10% 20% 30% 40% 50% 60% 70% 80% 90% 100%

PWM Dimming (@ 1kHz, 10V)

1~10 Vdc Dimming
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